
www.jwwinco.com  |  phone: 1-800-877-8351 2525|WARNING: Cancer and Reproductive Harm — www.P65Warnings.ca.gov

Knurled C-Washers
Steel

GN 183

1 Outer diameter d1

2 Inner diameter b

How to order
1 2

GN 183-34-10.4
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Dimensions in: millimeters - inches

Metric table
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GN 183 knurled C-washers transfer the clamping force of a screw or nut to the workpiece. They can be 
pushed out of the clamping point after releasing the screw thread.

The dimensions are almost identical to C-washers DIN 6372.

Information

• Steel
 - Case-hardened
 - Blackened finish

• RoHS compliant

Specification 


