GN 509 Ball Transfer Units

Steel / Stainless Steel
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Metric table
v Dimensions in: millimeters / inches
Size d4 d,+0.1 ds hy 0.3 hy 0.3 h3 0.3 hy Load rating C
Load ball SBL SKU SNI NNI
15 15.8 24 31 11.5 9.5 5 2.9 500 N 70N 300 N 300 N
0.62 0.945 1.22 0.453 0.374 0.197 0.11 112 Ibf 15.74 Ibf | 67.44 Ibf | 67.44 |bf
22 22.2 36 45 19.7 9.8 6 2.9 1200 N 100 N 900 N 900 N
0.87 1.417 1.77 0.776 0.386 0.236 0.11 270 Ibf 22.48 Ibf | 202 Ibf 202 Ibf
30" 30.1 45 55 24 13.8 7 3.7 2000 N 150 N 1500 N -
1.19 1.772 217 0.945 0.543 0.276 0.15 450 Ibf 33.72 Ibf | 337 Ibf
* Not available in version NNI
Specification G 9 Ball transfer units GN 509 are used, for example, in conveyor
Housing technology or on packing tables to move heavy loads in any direction
- Steel sheet metal S without great effort. The roller bearing of the ball and the felt ring for dust

Zinc plated, blue passivated finish protection ensure reliable operation and a long service life.

: if;fg%gefzgfﬂ 0 N The diameter d, features a taper in the upper area, beneath the flange, which
allows it to be easily and firmly installed.

Load ball

« For steel housing see also... Page

- Steel-, plain finish BL GN 509.1 Heavy Duty Ball Transfer Units (with Flange) QvX

- Plastic, polyacetal (POM) Ku GN 509.4 Heavy Duty Ball Transfer Units (without Flange) Qux

- Stainless steel AISI 420 NI GN 509.5 Ball Transfer Uni th Threaded Stud Qvx
« For stainless steel housing -5 Ball Transfer Units (wit readed Stud)

Stainless steel AISI 420C NI GN 509.6 Ball Transfer Units (with Internal Thread) QvX
Bearing balls GN 509.7 Ball Transfer Units (with Spring) QVX
« Steel, plain finish for load ball BL GN 509.8 Ball Transfer Units (with Mounting Flange) QvX
« Stainless steel AISI 420C for load ball KU / NI GN 509.10 Ball Transfer Units (with Friction Bearing) QVX
Dust cover for size 22 / 30
Felt Accessory
ROHS GN 509.3 Spring Retainers (Mounting Elements for Ball Transfer Units) QVX
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