GN 841 Push Type Toggle Clamps
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Metric table
v Dimensions in: millimeters / inches
Size Fu a b dq d, dj h; = h, Iy =
Holding capacity
120 3600 N 17 48 12 M6 5.5 111 31 130
809 Ibf 0.67 1.89 0.47 0.22 4.37 1.22 512
300 7200 N 20 58 14 M8 6.5 140 36 167
1619 Ibf 0.79 2.28 0.55 0.26 SE5) 1.42 6.57
Size I, = I3 = ly = m, my ms A/F t w
Stroke
120 121 40 30 34 30 17 24 12 20
4.76 1.57 1.18 1.34 1.18 0.67 0.94 0.47 0.79
300 155 57 45 50 34 18 27 16 33
6.10 2.24 1.77 1.97 1.34 0.71 1.06 0.63 1.30

Specification

Sheet metal parts
Case hardening steel C10
Zinc plated, blue passivated finish

In these push type toggle clamps GN 841 the circular movement of the

handle is transformed into a straight-line action of the clamp along its axis.

Technical Information
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Plunger
Steel St 37
Zinc plated, blue passivated finish

Guide bushing
Brass
Zinc plated, blue passivated finish

Moving parts
Lubricated with special grease

Handle
Plastic
Red, oil resistant

Operating Principle Toggle Lever / Overview of Toggle Clamp Types QVX
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