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Two-Piece Spherical Washers
Seat and Dished Type

TPSWS
Steel / Stainless Steel

1 Outer diameter d1

2 Material

How to order
1 2

TPSWS-1.19-ST
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Dimensions in: inches - millimeters
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TPSWS two-piece spherical washers are used for clamping on non-parallel surfaces. They are  
precision machined with all sharp corners removed.

These washers are sold in two-piece sets only.

see also...
• Spherical Washers DIN 6319 (Steel, Metric Size) → page 1154
• Spherical Washers DIN 6319 (Stainless Steel, Metric Size) → page 1155
• Spherical Leveling Washers GN 350.3 (Steel, Metric Size) → page 1159
• Spherical Leveling Washers GN 350.3 (Stainless Steel, Metric Size) → page 1159

Information

• Cold finished steel  ST
 - Case-hardened
 - Black oxide finish

• Stainless steel AISI 303  NI
• Stainless Steel Characteristics → page 2143
• RoHS compliant
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